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CENTER WAVELENGTH (nm) 400nm
FULL WIDTH HALF MAX (nm) 10nm
MINIMUM TRANSMISSION  ≥85
BLOCKING  200 - 1200
SURFACE QUALITY  80-50
CONSTRUCTION MOUNTED IN BLACK ANODIZED ALUMINUM RING
COATING TYPE  HARD COATED DWG NO
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OD4, Ø25mm, 400nm x 10nm, HC, BP FILTER
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CENTER WAVELENGTH (nm) 450nm
FULL WIDTH HALF MAX (nm) 10nm
MINIMUM TRANSMISSION  ≥85
BLOCKING  200 - 1200
SURFACE QUALITY  80-50
CONSTRUCTION MOUNTED IN BLACK ANODIZED ALUMINUM RING
COATING TYPE  HARD COATED DWG NO
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OD4, Ø25mm, 450nm x 10nm, HC, BP FILTER
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CENTER WAVELENGTH (nm) 500nm
FULL WIDTH HALF MAX (nm) 10nm
MINIMUM TRANSMISSION  ≥85 
BLOCKING  200 - 1200
SURFACE QUALITY  80-50 
CONSTRUCTION MOUNTED IN BLACK ANODIZED ALUMINUM RING
COATING TYPE  HARD COATED DWG NO

TITLE

Edmund Optics®

 

®

 
SHEET 
1 OF 1

ALL DIMS IN mm

OD4, Ø25mm, 500nm x 10nm, HC, BP FILTER
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CENTER WAVELENGTH (nm) 550nm
FULL WIDTH HALF MAX (nm) 10nm
MINIMUM TRANSMISSION  ≥85
BLOCKING  200 - 1200
SURFACE QUALITY  80-50
CONSTRUCTION MOUNTED IN BLACK ANODIZED ALUMINUM RING
COATING TYPE  HARD COATED DWG NO
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OD4, Ø25mm, 550nm x 10nm, HC, BP FILTER
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CENTER WAVELENGTH (nm) 600nm
FULL WIDTH HALF MAX (nm) 10nm
MINIMUM TRANSMISSION  ≥85 
BLOCKING  200 - 1200
SURFACE QUALITY  80-50 
CONSTRUCTION MOUNTED IN BLACK ANODIZED ALUMINUM RING
COATING TYPE  HARD COATED DWG NO
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OD4, Ø25mm, 600nm x 10nm, HC, BP FILTER
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CENTER WAVELENGTH (nm) 650nm
FULL WIDTH HALF MAX (nm) 10nm
MINIMUM TRANSMISSION  ≥85
BLOCKING  200 - 1200
SURFACE QUALITY  80-50
CONSTRUCTION MOUNTED IN BLACK ANODIZED ALUMINUM RING
COATING TYPE  HARD COATED DWG NO
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OD4, Ø25mm, 650nm x 10nm, HC, BP FILTER
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CENTER WAVELENGTH (nm) 700nm
FULL WIDTH HALF MAX (nm) 10nm
MINIMUM TRANSMISSION  >85
BLOCKING  200 - 1200
SURFACE QUALITY  80-50
CONSTRUCTION MOUNTED IN BLACK ANODIZED ALUMINUM RING
COATING TYPE  HARD COATED DWG NO
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