
LDR-75RD2-LA1

CCS Inc.Copyright(c) 2012 CCS Inc. All rights reserved.  Reproduction or photocopy without permission is prohibited.

Model name
LED color
Input voltage
Power consumption
Weight
Connector
Polarity and signal

LDR-75RD2-LA1
Red
24 VDC
2.6W max.
55g
SMR-03V-B
1: (+), 2: NC, 3: (-)

Third Angle Projection       Units: mm
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46 dia.

Cable length =300mm


